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NOTES:
1. CABLE — 6 conductor, 26 AWG+TALCUM, UL20251, OD: 2.5*¥/7.0mm, PVC black jacket

2. VOLTAGE -
AC/DC rated operating voltage 24V
AC/DC maximum voltage 30V

3. OPERATING TEMPERATURE— 0-60°C (32—140°F)
4. P1 & P2 CONNECTOR — RJ12 6P6C MODULAR PLUG

5. MINIMUM BEND RADIUS — 36mm [1.427]
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