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Scale: Full
NOTES:

1. DIMENSIONS CAN BE CHANGED BY MANUFACTURER WITHOUT NOTICE.
2. DIMENSIONS DO NOT IMPLY TOLERANCE.

Units: inches [mm]

VARIOLINE LED ENCLOSURE LIGHT,
120 VAC OPERATING VOLTAGE,
MOTION SENSOR SWITCH, 1080 LM,
MAGNET MOUNT, 11W, IP20
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