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A-GSI-1618-16

IGUS IGLIDE PLAIN BEARING, TYPE 
G300, 1IN ID, 1-1/8IN OD, 1IN OAL
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I.D. AFTER PRESS FIT HOUSING BORE SHAFT SIZE

MIN. MAX. MIN. MAX. MIN. MAX.
1.007 1.0041 1.1247 1.1255 .9979 .9991

NOTES:

  1. DIMENSIONS CAN BE CHANGED BY     
     MANUFACTURER WITHOUT NOTICE.

  2. DIMENSIONS DO NOT IMPLY 
     TOLERANCE.
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