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A-JFI-1214-12

IGUS IGLIDE PLAIN BEARING, TYPE 
J, 3/4IN ID, 7/8IN OD, 3/4IN OAL, 
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I.D. AFTER PRESS FIT HOUSING BORE SHAFT SIZE

MIN. MAX. MIN. MAX. MIN. MAX.
.7505 .7541 .8747 .8755 .7479 .7491

NOTES:

  1. DIMENSIONS CAN BE CHANGED BY     
     MANUFACTURER WITHOUT NOTICE.

  2. DIMENSIONS DO NOT IMPLY 
     TOLERANCE.
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