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PNEUMATIC CYLINDER, 3/4" BORE, 4" 
STROKE, DOUBLE ACTING, REAR PIVOT 

MOUNT, MAGNETIC PISTON

A12040DP-M

0.86
21.8

0.50
12.7

1.00
25.4

7.91
200.9

0.34
8.6
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15.7

0.28
7.1

6.16
156.5

1/8 NPT
PORTS X2

1/4-28
THREAD

5/8-18
THREAD
BOTH ENDS

0.75
19.1

0.38
9.7

0.25
6.4
PIN

NOTES:

  1. DIMENSIONS CAN BE CHANGED BY MANUFACTURER WITHOUT NOTICE.

  2. DIMENSIONS DO NOT IMPLY TOLERANCE.
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