
Scale: Full
Units: inches [mm]

PNEUMATIC CYLINDER, 1-1/4" BORE, 1" 
STROKE, SINGLE ACTING, DOUBLE END 

MOUNT

A20010SD

1.34
34.0

1.12
28.4

3/4-16
HEX NUT

BOTH ENDS

0.75
19.1

0.42
10.7

0.63
16.0

1.63
41.4

5.53
140.5

0.37
9.4

0.82
20.8

0.75
19.1

0.25
6.4

BUSHING ID

1/8 NPT
PORT

0.41
10.4

7/16-20
THREAD

0.50
12.7

NOTES:

  1. DIMENSIONS CAN BE CHANGED BY MANUFACTURER WITHOUT NOTICE.

  2. DIMENSIONS DO NOT IMPLY TOLERANCE.
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