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BRAIDED WIRE

/14—11 AWG

— LOAD TERMINAL SCREW,

/COMBO HEAD 8-—32

| COIL TERMINAL SCREW,
COMBO HEAD 6-32
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MOUNTING HOLE

THRU

AD—PR40—-2C—240A

Units: inches [mm]
Scale: Full

POWER RELAY,
240 VAC COIL, DPDT, 40A,
OPEN STYLE, PANEL MOUNT
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