
4X
6.0

0.24

50.000 
-
0.000
0.025

[1.57]

R40.0
1.57

62.0
2.44

3.0
0.12

5.0
0.20

14.000 
-
0.000
0.018

[0.55]
SHAFT

70.00±0.12
[2.76]
B.C.

5.0 [0.2] X 5.0[0.2] 
X 22.5 [0.89] KEY

11.5
0.45

73.5
2.89

22.5
0.89

3.0
0.12

48.5
1.91
74.2±0.5
2.92±0.02

101.2±0.5
3.98±0.02

27.0
1.06

10.6
0.42

26.0
1.02

NOTES:

  1. DIMENSIONS CAN BE CHANGED BY MANUFACTURER WITHOUT NOTICE.

  2. DIMENSIONS DO NOT IMPLY TOLERANCE.

APMC-FBL01AYK-AD

LS ELECTRIC LOW INERTIA AC BRUSHLESS 
SERVO MOTOR, 100W, 3-PHASE INPUT, 17-
BIT (131072 PPR) ENCODER, FOR USE WITH 

LS ELECTRIC L7C L7CA004U-AD 400W 
DRIVE

Units: mm [inches]
Scale: Full
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