
Notes:
1. CABLE - UL Type CM, 24AWG*4P + AEB,  OD: 6.0MM, Rated 75°C
2. RJ45 8P8C Shielded Plug
3. Minimum Bending Radius:  48MM [1.88"]
4. Operating Temperature: 0-60°C [32-140°F]
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Ethernet Patch Cable


