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DESCRIPTION

ALL DIMENSIONS ARE IN INCHES

UNLESS OTHERWISE SPECIFIED

DO NOT SCALE

CUSTOMER

DATE

DWG

± 0.03 ± 0.010

SCALE

DRAWN BY

COLOR:

NEMA 250: TYPE

UNLESS SPECIFIED

TOLERANCES

PART NUMBER

.XX .XXX

SPECIAL REQUIREMENTS

MATERIAL: FIBERGLASS REINFORCED POLYESTER (FRP)
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ASSEMBLY:

1. MOUNTING FEET SHOWN AS INSTALLED - FOR REFERENCE ONLY

         -SOLD SEPARATELY

         -CENTURION SERIES MOUNTING FOOT KIT (FECLMTGFTKIT)

         -INCLUDES (4) 5/16-18 x 1/2 FLAT HEAD SLOTTED SCREWS (RMSC5/16-18X1/2FL)

2. (1) CENTURION SERIES SCREW PACK (WP4PKBP) SHALL BE PACKAGED LOOSELY INSIDE ENCLOSURE

          HARDWARE INCLUDED:

               -(4) #10-32 x 3/8 PAN HEAD SCREW (RMSC10/32X3/8ZN)

               -(4) #10 WASHER (RMWAS10ZN)

STANDARD ENCLOSURE

CE1311HPL

05/16/17
E91

CE1311HPL

1, 3, 3S, 3R, 4X, 12

CE1311HPL

N/A

2017
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SECTION B-B

SECTION A-A

FOR REFERENCE ONLY

MOUNTING FEET SHOWN AS INSTALLED

9.74

14.47

Ø0.31

(4X)

9.72

11.72

15.78

6.84

11.27

DETAIL A

WINDOW MATERIAL: S.A.R. ACRYLIC, 1/4" THICK

ABRADE INSIDE COVER SURFACE PRIOR TO BONDING

WINDOW BONDED USING MA-320

WINDOW SURFACE FLUSH TOLERANCE: +0.020 / -0.030

0.010 MAX. EXPANSION GAP BETWEEN COVER CUTOUT & WINDOW

q(CVR)

q(CVR)

12.97

6.59

8.03

10.61

8.25

0.13 TYP

10.85

10.03

10.25

12.61

12.85

6.34

0.375

1.00

0.13 TYP

11.22

13.22
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