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FEMALE NATIONAL PIPE THREAD

DVD—-2BC2A-24D

Units: inches [mm]
Scale: Full
VALVE DIAPHRAGM
2-WAY, 2-POS, 24VDC, N.C.,
1/4in FNPT, Cv=1.55 NYLON
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