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NOTES:

1. DIMENSIONS CAN BE CHANGED BY MANUFACTURER WITHOUT NOTICE.

2. DIMENSIONS DO NOT IMPLY TOLERANCE.
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[254.0]

5.00
[127.0]

[250.8]

WIRE R1, R2 TO

TERMINAL BLOCK

WITH #10 HIGH TEMP.

GS—2030—-BR—ENC

Units: inches [mm)]
Scale: Full

BRAKING RESISTOR, FOR USE
WITH GS3-2030 AC DRIVE, 4800
WATT, 6.8 OHM, NEMA 1
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