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GSD5—240—10N4—V

Units: inches [mm]

Scale: Full
DC DRIVE FOR 1/8 - 1 HP 90VDC &

1/4 - 2 HP 180VDC MOTORS,
120-240 VAC INPUT, 10A MAX. OUTPUT,
ANLG. VOLTAGE IN, NEMA 4 ENCLOSURE
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