117.0

[4.61]

94.0

[3.701

117.0
[4.61]

—

M20X2.5 /

123.5

NOTES:

[4.86]

4.2

0.171
4.6 /)\
[0.18]
DETAIL A
115.0 SCALE 21
[4.53]
103.0
910.3 THRU [4.061
L1 @175 ¥ 13.5
BOTH ENDS X4
\ \
DETAIL A 4/4 m& M12X1.75
8 PLCS
832.0 I
[81.26]

20.0
[0.79]

1. DIMENSIONS CAN BE CHANGED BY MANUFACTURER WITHOUT NOTICE.

2. DIMENSIONS DO NOT IMPLY TOLERANCE.

ZZ ™\__ 3/8 NPT PORT
X2

17.5
[0.691]
H100M040MD—M

Units: mm Linchl
Full Scale

COMPACT CYLINDER, DA, MAGNET, 100mm BORE X
40mm STROKE

WAUTOMATIONDIRECT:



AutoCAD SHX Text
H100M040MD-M100M040MD-MM040MD-M040MD-MMD-M

AutoCAD SHX Text
 Units: mm [inch]

AutoCAD SHX Text
 Full Scale

AutoCAD SHX Text
NOTES:   1. DIMENSIONS CAN BE CHANGED BY MANUFACTURER WITHOUT NOTICE.   2. DIMENSIONS DO NOT IMPLY TOLERANCE.

AutoCAD SHX Text
DETAIL A SCALE 2:1

AutoCAD SHX Text
 10.3 THRU 17.5  13.5 BOTH ENDS X4

AutoCAD SHX Text
M20X2.5

AutoCAD SHX Text
3/8 NPT PORT X2

AutoCAD SHX Text
M12X1.75 8 PLCS

AutoCAD SHX Text
94.0

AutoCAD SHX Text
94.0

AutoCAD SHX Text
94.0

AutoCAD SHX Text
117.0

AutoCAD SHX Text
117.0

AutoCAD SHX Text
117.0

AutoCAD SHX Text
123.5

AutoCAD SHX Text
123.5

AutoCAD SHX Text
123.5

AutoCAD SHX Text
117.0

AutoCAD SHX Text
117.0

AutoCAD SHX Text
117.0

AutoCAD SHX Text
M12X1.75 8 PLCS

AutoCAD SHX Text
115.0

AutoCAD SHX Text
115.0

AutoCAD SHX Text
115.0

AutoCAD SHX Text
103.0

AutoCAD SHX Text
103.0

AutoCAD SHX Text
103.0

AutoCAD SHX Text
DETAIL A


	Sheets and Views
	H100M040MD-M-Model


