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NEMA 250: TYPE 1, 3, 3R, 4, 4X, 12, 13 .
@ SPECIAL REQUIREMENTS IEC 60529 P66 STANDARD P/N:  M3024HPL ALL DIMENSIONS ARE IN INCHES| TOLERANCES XX XXX
COLOR:  GLACIER GRAY (WPR3013) . UNLESS OTHERWISE SPECIFIED +0.03 +0.010
1 1AS(TS)E/:‘CB(!_EVS:SORY KIT (FE4PKBPN) SHALL BE PACKAGED LOOSELY INSIDE ENCLOSURE COLOR STANDARD: PANTONE 426 € CUSTOMER DWG: NA NLESS SPECTED
S ARDWARE INCLUDED: MATERIAL: FIBERGLASS REINFORGED POLYESTER (FRP) ® Robroy Enclosures
~(4) 3/8-16 x 1/2 HEX HEAD CAP SCREW T18 500 Maple Street
| -(4) 3/8 FLAT WASHER T18-8 SS REVISION HISTORY Belding, Michigan 48809
2. INSTALL (5) BLANK HPL LATCHES (RMLATPLSSLXL) REV DESCRIPTION DATE ENG Phone: 616-794-0700
THIS DRAWING IS THE SOLE AND EXCLUSIVE - - - - A BRAND OF RDBRAOY ENCLOSURES™ Fax: 616-749-3378
3 Y OF THIS DRAVIING MAY B2 - - - -
M REPRODUCED, DISTRIBUTED, OR PUBLICALLY, - - - —{PRAWNBY|  DATE | CUSTOMER DWG
Of
O THOUT THE EXPRESS WAITTEN. - - - - A | 22118 M3024HPL
PERVISSION OF ROBROY ENCLOSURES s - - - SCALE DESCRIPTION PART NUMBER
con NOER THE COPVRIGHT s - - - ] DO NOT SCALE STANDARD ENCLOSURE ATM3024HPL

8 7 6 5 4 3 2 I 1




	Sheets and Views
	M3024HPL-Model


