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MES—402A—RYGB

Units: mm [inches]
Scale: Full

25MM 4-TIER LED SIGNAL TOWER, DC24V, NPN,
CONTINUOUS ONLY, DIRECT MOUNT, CLEAR LED
LENS, 40MM SILVER ALUMINUM BODY. LED MODULE
COLOR: RED, AMBER, GREEN, BLUE
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