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WIRE LENGTH
MP—102—RZ
Units: mm [inches]
Scale: Full
NOTES: 30MM 1-STACK LED SIGNAL TOWER, AC/DC24V,
1. DIMENSIONS CAN BE CHANGED BY MANUFACTURER WITHOUT NOTICE. NPN/PNP CONTINUOUS ONLY, DIRECT MOUNT. 220MM
SILVER BODY, CLEAR LENS. LED COLOR: RED
2. DIMENSIONS DO NOT IMPLY TOLERANCE.
WAUTOMATIONDIRECTS
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