SECTION A—A

BEARING COVER PLATE
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NOTE: ENTIRE UNIT PAINTED BLACK PEBBLE

4X 1/4—=20 UNC-2B X
0.37 MIN FULL THREAD

MTCR—-PO/—=14177

Units: inches [mm]

Scale: Full
DC GEARMOTOR, RIGHT ANGLE,
1/15 HP, 177 RPM, 12 VDC,
18 IN-LBS, 9.75:1 RATIO
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