1 = OPTICAL AXLE

2 = WRENCH SIZE 7, SCREW M4 - 0.5 Nm
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1. DIMENSIONS CAN BE CHANGED BY MANUFACTURER WITHOUT NOTICE.
2. DIMENSIONS DO NOT IMPLY TOLERANCE.
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WENGLOR PHOTOELECTRIC LASER SENSOR,
RETROREFLECTIVE, 50 X 50 X 20MM, CLASS 1
LASER LIGHT EMISSION, 0-9.5M SENSING
DISTANCE, 10-30 VDC OPERATING VOLTAGE,
NPN, IO-LINK COMPATIBLE, 4-PIN M12 QUICK-

DISCONNECT

VYAUTOMATIONDIRECT?
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