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2. DIMENSIONS DO NOT IMPLY TOLERANCE.

S8—PR—0—WI15—PP

Full

Units: mm Linchl

Scale

Datalogic contrast sensor, print mark, RGB light
emission, 7-11mm sensing distance, PNP, 25 kHz
switching frequency, plastic housing, 4-pin M8

quick-disconnect.
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