LEFT SIDE VIEW

(0.06) LID WIDTH

#8-32 X 3/8” ZINC PLATED,
TYPE 23 SELF TAPPING,

TUB WIDTH

TOP VIEW

8.13

8.00

(0.08)
f

COMBINATION TRUSS HEAD
SCREW (4 PL.)

f

10.00 10.13
LID TUB
HEIGHT HEIGHT

2.06J

0.34 —=

7.44

FRONT VIEW

BOTTOM VIEW

TEAR—DROP
SHAPED LID
MTG. HOLES
(4 PL)

RIGHT SIDE VIEW

1.56
A B R, 4
20.281 r (TYP.)
TYP. '
= f
0.63 " ’
MOUNTING HOLE FLANGE — | [t
EMBOSS (4 PL.) (TYP.)
7.\00
PN
4
80.147
4 PL.
( ) W‘SBJ
TYP.
GROUND EMBOSS =—4.06—=

FRONT VIEW LID REMOVED

PART#: SCO81006NK
(DATA SUBJECT TO CHANGE WITHOUT NOTICE)

WIEGMANN
Bt DUPLICATED

THIS DRAWING IS PROPERTY OF HUBBELL INC
DRMATION 1S PROPRIETARY AND NOT TO


AutoCAD SHX Text
TEAR-DROP SHAPED LID MTG. HOLES (4 PL.)

AutoCAD SHX Text
GROUND EMBOSS

AutoCAD SHX Text
MOUNTING HOLE EMBOSS (4 PL.)

AutoCAD SHX Text
#8-32 X 3/8" ZINC PLATED, TYPE 23 SELF TAPPING, COMBINATION TRUSS HEAD SCREW (4 PL.)


	Sheets and Views
	SC081006NK-Model


