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NOTES:
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HAZARDOUS LOCATION RATED

1. DIMENSIONS CAN BE CHANGED BY MANUFACTURER WITHOUT NOTICE.

2. DIMENSIONS DO NOT IMPLY TOLERANCE.
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SE2—-SWBU-NB65—T

Units: mm [inches]
Scale: Full

SWITCH, 8 PORTS, (8) M12 10/100
PORTS, -40 TO +75 DEG C, METAL
HOUSING, IP65, 35MM DIN RAIL MOUNT.

WAUTOMATIONDIRECT:




