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Units: mm [inchl

Full Scale

CODED MAGNETIC ACTUATION, (2) N.C. SAFETY

CONTACT(S), (1) N.O. MONITORING CONTACT(S),

NOTES: 316 STAINLESS STEEL HOUSING, 83 X 20 MM,
9.8IN/250MM CABLE LENGTH, 8-PIN M12

1. DIMENSIONS CAN BE CHANGED BY MANUFACTURER WITHOUT NOTICE, QUICK-DISCONNECT

WAUTOMATIONDIRECT:

2. DIMENSIONS DO NOT IMPLY TOLERANCE.



