CABLE LENGTH TABLE

PART NUMBER L'FT L' mm
STP-CBL-CAG6 6 1829
STP-CBL-CA10 10 3048
STP-CBL-CA20 20 6096
C1
PIN # WIRE COLOR SIGNAL
1 GRAY/PINK STEP+
2 BROWN STEP-
3 YELLOW DIR+
4 GREEN DIR-
5 BLUE EN+
6 RED/BLUE EN-
7 GRAY OouT+
8 WHITE OuUT-
9 PINK N.C.
10 BLACK V-
11 RED V+

(1.940.19IN)
[t 50 £ 5V V-]

'L 450 MM (£2IN)
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REFER TO CABLE LENGTH TABLE
FOR MARKING INFORMATION

EXPANDABLE SLEEVING
GRP—100-1/4 BLK

[

SHRINK TUBING
2 PLCS \

AUTOMATIONDIRECT
STP—CBL—CAXX

\AWGZZ WIRES STRIPPED S5MM, TINNED

HOUSING TYCO 4-643498—1
COVER TYCO 1-643075-1
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