NOTES:

1. DIMENSIONS CAN BE CHANGE

2. DIMENSIONS
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Scale: Full

SuredStep STEPPER MOTOR, NEMA 42

FRAME, IP40,
READY, 8A
TORQUE, 1.8-

DUAL SHAFT, ENCODER
, 4532 OZ-IN HOLDING
DEGREE STEP ANGLE, 200

STEPS

PER REV, BIPOLAR
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