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NOTES:

1. DIMENSIONS CAN BE CHANGED BY MANUFACTURER WITHOUT

2. DIMENSIONS DO NOT IMPLY TOLERANCE.
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4 CONDUCTORS

UNSHIELDED CABLE: D’ 12.0
BELDEN #0444 \“% [305]

CONNECTOR:
MOLEX #43025-0400 /

MOLEX#43030-0007
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NOTICE.

STP—MTRh—=3412/D_REVB

Units: inches [mm]
Scale: Full

STEPPER MOTOR, NEMA 34
1,290 OZ-IN, 6.3 AMP/PHASE
DUAL SHAFT, BIPOLAR

WAUTOMATIONDIRECT:




