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UNSHIELDED CABLE: LJ
4X 4—40 UNC THREAD ALPHA WIRE #1604
0.14 [3.56] MIN DEPTH OR EQUIVELANT
4 CONDUCTORS By
12.0
[305]

CONNECTOR:
TE #104257-3

STP—=MTRL—=14026

Units: inches [mm]

VIEW FROM WIRE ENTRANCE
Scale: Full

PIN_ #| COLOR |PHASE
17 RED A SureStep STEPPER MOTOR, NEMA 14
2 | YELLOW A 7.5 OZ-IN, 0.35 AMP/PHASE, 1P40,
3 GREEN B SINGLE SHAFT, BIPOLAR
4 BLACK B
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