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Scale: Full

ProSense TEMPERATURE SENSOR, TYPE J 
THERMOCOUPLE, UNGROUNDED 

JUNCTION, CUTTABLE  PROBE, 24 IN 
INSERTION LENGTH, 1/4 IN PROBE 
DIAMTER, STAINLESS STEEL SHEATH

THMJ-V24L06-01
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NOTES:

  1. DIMENSIONS CAN BE CHANGED BY MANUFACTURER WITHOUT NOTICE.

  2. DIMENSIONS DO NOT IMPLY TOLERANCE.
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