
5.50
139.7

2.14
54.4

10.37
263.4

5.50
139.7

5.56
141.2

0.28
7.1

7.27
184.7

3.12
79.3

15.11
383.8

20.84
529.4

8.50
215.9

8.79
223.2

9.00
MAX

4.25
108.0

5.00
127.0

0.38 X 0.38 
X 2.88 KEY

8.50
215.9

9.40
238.8

0.44
11.2

4X 1/2-13 UNC-2B
 0.88 [22.4] FULL THD

1.37
34.9

1.69
43.0

12.82
325.6

6.33
160.9

5.22
132.6

7.45
189.3

4.25
108.0

7.25
184.2
B.C.

1.87
47.5

12.46
316.4

10.10
256.5

45.00°45.00°

8X Ø 0.44 - 0.49 HOLES  
         [11.2-12.5]

Ø1.34 [34.04] 
LEAD HOLES

6.50
165.1

4X
3/8-16

5.88
149.2
B.C.

NOTES:

  1. DIMENSIONS CAN BE CHANGED BY MANUFACTURER WITHOUT NOTICE.

  2. DIMENSIONS DO NOT IMPLY TOLERANCE.

Scale: Full
Units: inches [mm]

MARATHON BLACK MAX SERIES HIGH 
EFFICIENCY AC INDUCTION MOTOR, HIGH-
PERFORMANCE INVERTER DUTY, 7-1/2HP, 3-

PHASE, 575 VAC, 1800RPM, TENV, 213TC FRAME

Y560
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