WIRING

COLOR FUNCTION
BROWN V+ (ALL PORTS PIN D
BLUE V- (ALL PORTS PIN 3>
GREEN/YELLOW GND (ALL PORTS PIN 3
WHITE PORT 1 PIN 4
GREEN PORT 2 PIN 4
YELLOW PORT 3 PIN 4
GRAY PORT 4 PIN 4
PINK PORT S PIN 4
RED PORT 6 PIN 4
GRY / PNK PORT 1 PIN 2
REB / BLU PORT 2 PIN 2
WHT / GRN PORT 3 PIN 2
BRW / GRN PORT 4 PIN 2
WHT / YEL PORT S PIN 2
YEL / BRW PORT 6 PIN 2

VOLTS 130 vV MAX

AMPS 3A PER PORT, 8A PER BLOCK
MATERIALS
BODY PBT
MARKERS POLYAMIDE
INSERTS POLYAMIDE
GLAND POLYAMIDE
CONTACTS GOLD PLATED COOPER ALLOY

0-RINGS NBR

494
[125.3]
424
[107.71
Lenght 197" [5M]
3 2.90
[73.6]
1.41 — 2.00
[35.9] .
%0.18
[R2.3] [4.5]
©0,40
[10.2]
CABLE
18 & 22 AWG BLACK PR KT F—— 1.85
* [46.9]
L |
ZP-JBH65-00-5
Units: inches [mml

Scale: 11

ZIP-Port Junction Block
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