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NOTE+ DB9 AND 8 PIN MINI DIN CONFIGURES IN
PARALLEL FOR BLUE HOSE APLICATION.
BOTH CONNECTORS ARE WIRED TO A 3 PIN
PLUGGABLE TERMINAL BLOCK
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PICK RATINGS

VOLTS 113V
AMPS 3A
SCCR 10KA

NEMANUL  4,4X,12
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3 PIN _u_ucmmbw_umL
TERMINAL BLOCK

EPOXY COATED DIE CAST ALUMINUM
THERMOPLASTIC ELASTOMER
POLYAMIDE

STAINLESS STEEL

ZP-PDA-32-303

Units: inches [mml
Scaler Full

ZP-PDA-32-303
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